
Hot-Air Applied Conversion
Collar

I N S T A L L A T I O N  I N S T R U C T I O N

1.0 General Product Information

This kit converts the dome-to-base seal on FOSC 100 B and B2
closures from a hot-air or AutoFit seal to a FOSC 400 closure
mechanical seal.

2.0 Kit Contents

• Conversion collar
• FOSC 400 B closure dome
• O-ring
• FOSC 400 B closure dome-to-base clamp
• Hot air dome-to-base seal
• Locking ring
• Cleaning tissues
• Abrasive strip

3.0 Additional Required Materials

• Work stand
• Hot air gun (CV1981 or equivalent with tip)

4.0 Installation Instructions

1. Attach closure to FOSC Work Stand.

2. Remove the AutoFit or hot air dome-to-base seal.  Do not
cut into base-dome interface.

Note:  If any lateral scratches are present on the sealing
surface, file them away with the abrasive strip.

3. Remove locking ring and pull dome from base.

4. Slide new hot-air seal over base (seal won’t fit over collar
flanges, so it must be put on first.)

5. Slide collar on over splice trays and insert supplied locking
ring to hold it in place.  (Figure 1)

6. Install hot air seal to secure collar to base:

a. Clean the sealing area with a cleaning tissue.  Abrade
the cleaned area with the abrasive strip, and remove
any abraded material with a clean, dry cloth.

b. Preheat sealing area at full power on the hot air gun
until the sealing area is warm to the touch.

c. Remove protective strip from adhesive wrap.  Install
adhesive wrap around the sealing area, sticky side
down.

d. Slide hot air seal over adhesive strip.
e. With hot air gun on full power, shrink hot-air seal until

it is completely recovered.  When all green ther-
mochromic paint has turned black and melted adhe-
sive appears around seal edges, seal is correctly
installed.

7. When the seal is cool to the touch, install the o-ring and
the new dome.  Install FOSC 400 B closure dome-to-base
clamp as shown in Figure 2.

8. Flash test the closure at 5 psi.  Release pressure after test-
ing.
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CommScope Inc.
Patents: 
http://www.commscope.com/
ProductPatent/ProductPatent.aspx
Contact us at Support Center: 
http://www.commscope.com/
SupportCenter/TechnicalSupport.aspx

The information given herein, including drawings, illustrations and schematics which are intended for illustration purposes only, is 
believed to be reliable. However, CommScope makes no warranties as to its accuracy or completeness and disclaims any liability in 
connection with its use. CommScope obligations shall only be as set forth in CommScope Standard Terms and Conditions of Sale for 
this product and in no case will CommScope be liable for any incidental, indirect or consequential damages arising out of the sale, 
resale, use or misuse of the product. Users of CommScope products should make their own evaluation to determine the suitability 
of each such product for the specific application.

FOSC 100, FOSC 400, CommScope are trademarks.
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