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CATEGORY 6 PERFORMANCE CHARACTERISTICS
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z MAXIMUM MINIMUM | MINIMUM | MINIMUM MINIMUM | MAXIMUM | MINDMOM | <0 [ MINIMOM
‘ 0 1 2.0 743 723 678 64.8 570 200 | 10085 | 723
2 38 653 633 558 52.8 552 230 | 100315 | 615
8 53 608 58.8 9.7 46.7 547 245 | 100215 | 555
‘ 10 6.0 593 573 478 448 545 250 | 100:15 | 533
16 76 562 542 437 207 543 250 | 100815 | 487
20 85 548 52.8 28 388 542 250 | 100815 | 463
‘ 25 95 533 514 398 36.8 541 243 | 100815 | 439
3125 107 519 49.9 379 34.9 540 236 | 100%15 | 412
_ [ e2s 154 474 454 319 28.9 539 215 | 100815 | 320
‘ 100 198 143 423 278 248 538 201 | 100£15 | 245
200 29.0 398 378 218 188 537 180 | 100%15 | 108
‘ 250 328 383 36.4 198 168 536 173 | 100815 | 56
FOR ENGINEERING PURPOSES ONLY, ALL MEASUREMENTS ARE SWEPT OVER
THE FREQUENCY RANGE OF INTEREST.

PAIRS TWISTED
WITH
DIFFERENT LAYS
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/INSULATIEIN
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COLOR CODE
PAIR COLOR CODE JACKET
1 WHT/BLU//BLU
2  WHT/ORG//0ORG
3 WHT/GRN//GRN
4 WHT/BRN//BRN

A A A A

REVISIONS

| k| eon:8000023071. [remava017|R.L[G.W

A LENGTH SEQUENCE IS RETURNED TO ZERO FOR EACH LENGTH
LENGTH MEASUREMENT ACCURACY TO BE +1%

A PRINT COLOR SHALL BE BLACK EXCEPT WHITE ON BLACK JACKET

/A\ PRINT DURABILITY SHALL BE PER UL 444

4 GOVERNING SPECIFICATIONS — LATEST REVISIONS
TIA 568 UL 444
NEC 800

JACKET COLOR SHALL BE IN
ACCORDANCE WITH EIA—359—A WIRE AND CABLE LIMITS OR
COMMSCOPE SUPPLLED COLOR STANDARD

& FOR BRAZIL MARKET, DIFFERENT LEGEND ON THE JACKET.
"ANATEL 00913—16-02925" IS BRAZIL ANATEL CERTIFICATE NUMBER.
"NBR 14703” IS BRAZILIAN STANDARD NUMBER FOR CABLE

A * — UL MULTIPLE LISTING IDENTIFIER.
/A ONLY FOR INTERNAL PRINT.

/—CEIRE= 4 PAIRS, 1 FILLER
CABLED TOGETHER

OCDMMSCEIPE * AMP NETCONNECT CAT6 ABCDE E98256 ANATEL 00913-16-02925 NBR 14703 4PR 24AWG U/UTP CM (UL) CCUL)> 75C [lengthl M YYWW [tracking numberb

A

LEGEND SHALL BE REPEATED EVERY METER

A

()CEIMMSCEIPE C AMP NETCONNECT CAT6 518579 4PR 24AWG U/UTP CCETLOUS CM 75C YYWW [tracking number] [lengthl FT (xxxx.xM))

LEGEND SHALL BE REPEATED EVERY 2 FEET (INTERNAL PRINT)/Q\

A A A

A

PINK REE-IN-BOX | 305+1% 1427071-9
PINK REELEX 305+1% | 7-1427071-9 /| veLow REE—IN—BOX | 305£1% 1427071-8
YELLOW REELEX 305£1% 7-1427071-8 A RED REE—IN-BOX 305+1% 1427071-7
RED REELEX 305:1% | 7-1427071-7 [ BLUE REE-IN-BOX [ 305%1% 1427071-6
BLUE REELEX 305+1% 7-1427071 —GA ORANGE REE-IN—-BOX 305+1% 1427071-5
ORANGE REELEX 305+1% 7-1427071-5 & GRAY REE—-IN—-BOX 305+1% 1427071-4
GRAY REELEX 305£1% | 7-1427071-4/\ | GReEN REE-IN-BOX [ 305+1% 1427071-3
GREEN REELEX 305+1% [ 7-1427071-3 [  wHrte REE-IN-BOX | 305+1% 1427071-2
WHITE REELEX 305+1% 7-1427071-2 ;A\ [ BLAcK REE-IN-BOX | 305%1% 1427071-1
BLACK REELEX 305:1% | 7-1427071-1/\ | gue REEL 1000£1% | 6—1427071-6
VIOLET REELEX 3051% | 7-1427071-0 o\ | GRAY REEL 500£1% | 4—1427071—4
COLOR /A | PACKAGE LENGTH(M) | PART NUMBER YELLOW  |REEL-IN-BOX| 305+1% 9-1427071-8
RED REEL-IN-BOX| 305+1% 9-1427071—7
BLUE REEL-IN-BOX| 305+1% 9-1427071—6
GRAY REEL-IN-BOX| 305+1% 9-1427071—4
GREEN REEL-IN-BOX| 305+1% 9-1427071-3
A WHITE REEL—IN-BOX| 305+1% 9—1427071-2
VIOLET REEL-IN-BOX| 305+1% 9—1427071-0
RED REEL—IN-BOX| 305+1% 5—1427071-7/6\
A BLUE REEL—IN-BOX| 305+1% | s—1427071-6&\
GRAY REEL—IN-BOX| 305+1% 5—-1427071—4/\
WHITE REEL—-IN-BOX| 305+1% 5-1427071 —2&
COLOR /2| PACKAGE | LENGTH(M) | PART NUMBER

()CEIMMSCEIPE * AMP NETCONNECT CAT6 ABCDE E98256 4PR 24AWG U/UTP CM CUL> CCUL) 75C Clengthl M YYWW [tracking number] )

LEGEND SHALL BE REPEATED EVERY METER (OUTSIDE VENDORS PRINT)
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CABLE,CAT6,4PR, U/UTP,24AWG,CM
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