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Notes:

1.  Card outline, keylines and dimensions are for reference only and do not print.

5” (127 mm) 

For a copy of the complete installation instructions for this product, 
please visit the website below.

http://www.commscope.com/

Single-Gang Tamper-Resistant Faceplates

860383090C
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Front Back

Fold
Line

Fold
Line

Low-Profile
Cover

Mounting indentions
for designator icons
(4 places, 2 at top
and 2 at bottom)

Faceplate adapter
insertion positions

Label field

Label field

Label field

Faceplate Standard High-Profile
Cover

Component Description

or

Step 1-Insert Faceplate Adapters

Step 3-Label Outlets and Install 
            on Faceplate

Step 2-Install Faceplate on Wiring 
            Box 

Step 4-Install Cover and Label  

Assembled faceplate 
adapter and RJ45
outlets

RJ45 outlet
(inserts into adapter
from the rear after
cabling)

Faceplate adapter
(insert into faceplate
from the front)

Label
Label
covers

Label

Latch hook slot for 
cover mounting

Self-tapping screw

Label

Label cover

Transparent cover
(high-profile shown,
low-profile similar)

Tab slots 
for cover 
mounting

Location 
pin slot

Top of faceplate
(curved end)

Wiring box

Mounting
screws


