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EHD splice cassettes are 24 fiber cassettes that can be used with EHD 
and CHD panels. Available in either stranded or ribbon fiber

Product Classification
Regional Availability Asia    |   Australia/New Zealand    |   EMEA    |   Latin America    |   North America

Portfolio CommScope®

Product Type Fiber cassette with ribbon pigtail

Product Brand SYSTIMAX ULL

General Specifications
Shuttered No

Total Fibers, quantity 24

Dimensions
Height 290.322 mm   |   11.43 in

Width 4,309.669 mm   |   169.672 in

Depth 4,161.282 mm   |   163.83 in

Environmental Specifications
Qualification Standards IEC 61753-1    |   TIA-568.3-D

Safety Standard CE    |   CSA    |   UL

Packaging and Weights
Weight, net 0.082 kg   |   0.181 lb


