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REVISIONS

REV. ECN DESCRIPTION BY DATE

A 8000034283 INITIAL RELEASE RJC 03/08/19

B 8000034962 ECN WAS CLOSED OUT AND NEVER RELEASED RJC 06/15/19

C 8000036883 UPDATED TABLE MT-546-174 WAS MT-546-170 RJC 08/22/19

ITEM PART NO. DESCRIPTION QTY. WEIGHT NOTE NO.
1 MT19525 CORNER WELDMENT FOR MT-195 3 16.89 LBS
2 GUB-4240 1/2" X 2-1/2" X 4" GALV U-BOLT 12 0.56 LBS
3 GUB-4352 1/2" X 3" X 5-1/4" GALV U-BOLT 24 0.71 LBS
4 XAU01 ANGLE, CROSSOVER, 1.9-3.5" X 1.9-3.5" OD 12 2.98 LBS
5 MT-546-150 2-7/8" OD x 150" GALV PIPE 3 72.67 LBS SEE TABLE FOR PIPE

PART NUMBER PIPE DESCRIPTION WEIGHT
MT-195-8HD MT54696 HANDRAIL KIT, 8' FACE, HD, MONOPOLE PLTFM 262.00 LBS
MT-195-10HD MT-546-126 HANDRAIL KIT, 10' FACE, HD, MONOPOLE PLTFM 298.32 LBS
MT-195-12HD MT-546-150 HANDRAIL KIT, 12' FACE, HD, MONOPOLE PLTFM 326.63 LBS
MT-195-14HD MT-546-174 HANDRAIL KIT, 14' FACE, HD, MONOPOLE PLTFM 358.80 LBS
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NOTES:

1.0 GENERAL NOTES
      1.1  ALL METRIC DIMENSIONS ARE IN BRACKETS.
2.0 DESIGN NOTES
3.0 MANUFACTURING/SPECIAL REQUIREMENTS
4.0 TEST
5.0 PACKAGING
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