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RETRACTED STRATGHT SECTTON
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FAPANDED STRATGHT SECTTON

CATALOG NUMBER| DIM "A" COLOR
FGSB-MVAR-F 12.00 BLACK
FGSB-MVAR-B 6.00 BLACK
FGSB-MVAR-A 4.00 BLACK
FGS-MVAR-A 4.00 YELLOW
FGS-MVAR-B 6.00 YELLOW
FGS-MVAR-F 12.00 YELLOW
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CAPANDABLE STRAITGRT SECTION
INSTALLATTON
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| NNERSECTION

OUTER SECTION

MOUNTING BRACKET
INSTALLATION INSTRUCTIONS: POSTTION ORTIONS

. OPENING SI/ZE MUST BE BETWEEN 19.00" MIN AND 22.00" MAX.

2. SLIDE JUNCTIONS ONTO THE EXPANDABLE STRAIGHT SECTION. EXPANDAB&E STRA\G}T SECT\QN

3. MOVE EXPANDABLE STRAIGHT SECTION INTO POSITION AND EXPAND
UNTIL ALL COMPONENTS ARE TIGHT AGAINST EACH OTHER. CQMPLETED ‘NSTA*LAT‘QN

4. REFER TO JUNCTION INSTALLATION DRAWING TO COMPLETE L4X6 SHOWN) COMMSCOPE, INC.
ASSEMBLY (INCLUDED WITH JUNCTION) . DRAFTER TITLE

T. HAATAJA STRAITGHT, EXPANDABLE CINSTALLATION DWG)
5.  SUPPORT BRACKET SHOULD BE INSTALLED DIRECTLY UNDER OUTER

SECTION USING SUPPORT BOSSES OR IMMEDIATELY ADJACENT TO ENGINEER SIE SCALE | DOCUMENT MO
OUTER SECTION. T. HAATAJA AZ 0 380 1118586 ADC
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